Circular Connector Backshells and Accessories

Series 44 Banding Backshells lenai:
for AS50151 Crimp, M26482 Series I, M83723 Series Ill, AS95234
447A*325 Banding Backshell, Composite, Shrink Boot

self-Locking Lightweight. High strength composite. Standard .240" band. 447A*325 banding backshell fits

AS50151 crimp (MS3450), AS95234, MIL-DTL-26482 Series II, MIL-DTL-83723 Series lll connectors.

Lightweight, corrosion-free composite material meets AS85049 requirements. Anti-decoupling

mechanism provides audible detented coupling and prevents backoff under high vibration.

Terminate cable braid to backshell with optional band strap. Optional shrink boot adds strain
relief and environmental protection. Glass-reinforced thermoplastic.

PART NUMBER 447as325/xm[16 [12 [D [ K [T [ s

Base Part No. Profile

447AS325 @ Straight
Base P/N  447p1325 @) 45°

447AW325 () 90°

Adapter Code A

XM Electroless Nickel

AS50151 crimp, AS95234, MIL-DTL-26482 XMT Nickel-PTFE
Ser. Il MIL-DTL-83723 Ser.lll Finish XW Olive Drab Cadmium
XTZ Tin-Zinc

Coupling nut is unplated.

TABLE 1: ENTRY SIZE

Cable Entry Cable Entry Shell Size 08 10 12 14 16 18 20 22 24 28
Entry +.03(0.8) Shell Entry +.03(0.8) Shell
Size _in__mm Sizes Size in _mm_Sizes Entry Size See Table 1

.81 20.6 18-28

Omit if not required
D Drain Holes
Band Omit if not required
K  Pre-Coiled Band Included With Backshell

Drain Holes

. Omit if not required
Shrink Boot T  Shrink Boot Included With Backshell
Slot Omit if not required
S Pigtail Termination Slots

BAND - 1.25(31.8) —
Optional SST band strap provides

o 45°

fast, cost-effective and highly reliable '41-:-9'1,'2) ~—H DRAIN HOLES
termination of braided metallic shielding. 5 | (OPTIONAL)
2 CABLE
Std. Band ENTRY
/ 601-041 3
G
- PIGTAIL %ﬁ
g%ld:pt?Ncé(wUGT TERMINATION 7 GROOVE FOR LIPPED
SHRINK BOOT WITH DETENT SLOTS SHRINK BOOT
. : . MECHANISM (OPTIONAL)
Optional heatshrink boot provides
environmental protection and cable strain A oC D E F G H ] Max
relief. Type 1 high-performance semi-rigid Shell  Thread Max  HexFlats +.06(15) +.09(2.3) +.09(2.3) =.06(15) +.06(1.5) Entry
elastomer resists fuels and oils. Operating Size Class2B  in mm in mm in mm in mm in mm in mm in mm Size
temperature range -75 to +150 °C. 0.500-20 UNF

0.625-24 UNEF
116 295 1000 254 .81 206 113 287 131 333 .75 191 113 287

164 417 1500 381 106 269 163 414 156 396 .82 208 122 310

© 2022 Glenair, Inc - 1211 Air Way, Glendale, CA 91201 - 818-247-6000 - www.glenair.com - U.S. CAGE code 06324 - Circular Connector Accessories 44-13
Dimensions in Inches (millimeters) are subject to change without notice. REV 04.10.23



