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M
icro-D  

M
IL-DTL-83513 Type

D
Metal Shell MWDM Connectors 

Layout
A B C D E F

In.
± .003

mm.
± 0.08

In.
± .002

mm.
± 0.05

In.
± .002

mm.
± 0.05

In.
± .002

mm.
± 0.05

In.
± .005

mm.
± 0.13

In.
± .002

mm.
± 0.05

9 .565 14.35 .410 10.41 .091 2.31 .290 7.37 .256 6.50 .126 3.20
15 .715 18.16 .560 14.22 .091 2.31 .290 7.37 .256 6.50 .126 3.20
21 .865 21.97 .710 18.03 .091 2.31 .290 7.37 .256 6.50 .126 3.20
25 .965 24.51 .810 20.57 .091 2.31 .290 7.37 .256 6.50 .126 3.20
31 1.115 28.32 .960 24.38 .091 2.31 .290 7.37 .256 6.50 .126 3.20
37 1.265 32.13 1.110 28.19 .091 2.31 .290 7.37 .256 6.50 .126 3.20

Micro-D Filter Connectors 
Recommended Panel Cutouts

A
B

.010(0.25) 
MAX RADIUS

4 PLACES

D

C

FULL RADIUS 
TYP. 2 PLCS.

A
B

.062 (1.6) 
RADIUS

4 PLACES

E

FULL RADIUS 
TYP. 2 PLCS.

F

Rear Panel MountingFront Panel Mounting

Note: For front panel mounting, filtered connectors require a larger cut-out than standard MIL-DTL-83513 connectors.
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