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240-790-069
Series 79 Filtered Filtered Cable Receptacle

with Solder Cup Termination

240-790-069P SHELL SIZE A, B, C, D, E, F, J AND K DIMENSIONS

790-069P Dimensions for Size A-F, J and K

Shell 
Size

A Max. B Basic C Max D Max
In. mm. In. mm. In. mm. In. mm.

A .785 19.94 .565 14.35 .400 10.16 .390 9.91
B .935 23.75 .715 18.16 .551 14.00 .540 13.72
C 1.085 27.56 .865 21.97 .701 17.81 .690 17.53
D 1.185 30.10 .965 24.51 .801 20.35 .790 20.07
E 1.335 33.91 1.115 28.32 .951 24.16 .940 23.88
F 1.485 37.72 1.265 32.13 1.101 27.96 1.090 27.69
J 1.845 46.86 1.615 41.02 1.460 37.08 1.450 36.83
K 2.240 56.90 2.015 51.18 1.860 47.24 1.840 46.74

D Max.

.308 Max
 (7.82)

 .195 ±.003
(4.95 ± 0.08)

.835 (21.21)
     Max

A Max

2x Ø.088/.096 (2.24/2.44)
#23ga For All Layouts
     .200 ± .060 (5.08 ± 1.52) 
#16ga In Combo Layouts
     .250 ± .060 (6.35 ± 1.52)
#16ga In Power Layouts
     .340 ± .060 (8.64 ± 1.52)

Shell Sizes A,B,C,D,E,F,J,K

 .093 ±.005
(2.36 ± 0.13)

B Basic

C Max

Groove For
Attachment Of

EMI Adapter
799-293
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240-790-069
Series 79 Filtered Filtered Cable Receptacle

with Solder Cup Termination

240-790-069P SHELL SIZE G DIMENSIONS

.395 Max
 (10.03)

2x Ø.088/.096 (2.24/2.44)

1.435 (36.45) Max

#23ga For All Layouts
     .200 ± .060 (5.08 ± 1.52)
#16ga And #12ga In Combo Layouts
     .250 ± .060 (6.35 ± 1.52)
#16ga And #12ga In Power Layouts
     .340 ± .060 (8.64 ± 1.52)

1.079 (27.41) Max

Shell Size G

1.215 (30.86) Basic

 .093±.005
(2.36 ± 0.13)

#23ga For Center Rows
     .270 ±.060 (6.89 ± 1.52)

Groove For
Attachment Of

EMI Adapter
799-293

1.055 Max
 (26.80)

 .195 ±.003
(4.95 ± 0.08)

.835 (21.21)
     Max
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240-790-069
Series 79 Filtered Filtered Cable Receptacle

with Solder Cup Termination

790-069P Size H & L Dimensions

Shell 
Size

E Max F Basic G Max H Max
In. mm. In. mm. In. mm. In. mm.

H 2.175 55.25 1.800 45.72 1.385 35.18 1.440 36.58
L 2.420 61.47 2.036 51.71 1.623 41.22 1.675 42.55

240-790-069P SHELL SIZE H AND L DIMENSIONS

2x Ø.145/.152 (3.68/3.86)

E Max

#23ga For All Layouts
     .200 ± .060 (5.08 ± 1.52)
#16ga And #12ga In Combo Layouts
     .250 ± .060 (6.35 ± 1.52)
#16ga And #12ga In Power Layouts
     .340 ± .060 (8.64 ± 1.52)

#23ga For Center Rows
     .270 ± .060 (6.86 ± 1.52)

 .195 ±.003
(4.95 ± 0.08)

F Basic

 .093 ±.005
(2.36 ± 0.13)

Shell Size H & L

G Max.

H Max.

.835 (21.21)
     Max

.410 (10.41)
     Max

Groove For
Attachment Of

EMI Adapter
799-293
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240-790-069
Series 79 Filtered Filtered Cable Receptacle

with Solder Cup Termination

240-790-069P SHELL SIZE M DIMENSIONS

2x Ø.140/.148 (3.56/3.76)

2.200 (55.88) Basic

 .195 ±.003
(4.95 ±0.08)

Shell Size M

1.740 (44.20) Max.

1.745 (44.32) Max

2.575 (65.41) Max

.470 (11.94)
     Max

 .093 ±.005
(2.36 ±0.13)

Groove For
Attachment Of

EMI Adapter
799-293

.835 (21.21)
     Max.

#23ga For All Layouts
     .200 ± .060 (5.08 ± 1.52)
#16ga And #12ga In Combo Layouts
     .250 ± .060 (6.35 ± 1.52)
#16ga And #12ga In Power Layouts
     .340 ± .060 (8.64 ± 1.52)

#23ga =.270 ± .060 (6.86 ± 1.52)

#23ga =.340 ± .060 (8.64 ± 1.52)
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