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179-045
Jackpost Kit 

for Rear Panel Mount Micro-D Connectors

Notes
1. Remove all burrs and sharp edges
2. Kit consists of 2 Jackposts

Material/Finish
Material: Corrosion-Resistant Steel IAW ASTM-A484 and ASTM-A582
Finish: Passivate IAW ASTM-A967

179-045 JACKPOST KIT FOR REAR PANEL MOUNT MICRO-D CONNECTORS

How To Order

Sample Part Number 179-045 -2 -2

Jackscrew/Jackpost Kit for Rear Panel Mount Micro-D Connectors

Dash No. Table I

Dash No. Table II

H

K

J

M

.360±.020

A Thread
Class 2B

A Thread
Class 2A

F Dia

B Dia

.050

45° X .02

R.015

.040

Ø E Ø D Ø C

Table I: Dash No.
Dash 
No.

Shell 
Size

A Thread Ø B Ø C Ø D Ø E F ± .003 G H ± .005
M  

M.P.T.

2

09 2-56 UNC .156 (4.0)

.073/.067 
(1.9/1.7)

.088 
(2.2)

.105  
x 45°

.119 (3.0)

.125 (3.2) .188 (4.8) .155 (3.9)

15 2-56 UNC .156 (4.0) .119 (3.0)
21 2-56 UNC .156 (4.0) .119 (3.0)
25 2-56 UNC .156 (4.0) .119 (3.0)
31 2-56 UNC .156 (4.0) .119 (3.0)
37 2-56 UNC .156 (4.0) .119 (3.0)
51 2-56 UNC .156 (4.0) .119 (3.0)

4 100 4-40 UNC .187 (4.7)
.093/.085 
(2.4/2.2)

.114 
(2.9)

.131  
x 45°

.140 (3.6) .147 (3.7) .180 (4.6) .170 (4.3)

Table II: Dash No.
Dash 
No.

Panel 
Thickness

J ± .003 K ± .005

2 1/32 0.024 (0.6) 0.050 (1.3)
3 3/64 0.041 (1.0) 0.050 (1.3)
4 1/16 0.055 (1.4) 0.050 (1.3)
5 3/32 0.086 (2.2) 0.050 (1.3)
6 1/8 0.118 (3.0) 0.030 (0.8)
7 .080 0.074 (1.9) 0.050 (1.3)


