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SERIES 80
Mighty Mouse Connectors and Cables
Size 20HD Standard Contact Layouts and 
PCB Footprints

Inert Arrangement
Mating Face View of Pin 
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PCB Footprint

.061 (1.55) .031 (0.79)

.053 (1.35)

.090 (2.29)
.028 (0.71)

.073 (1.85)

.086 (2.18)

.053 (1.35)

.122 (3.10)

.076 (1.93)

.027 (0.69)

.110 (2.79)
.096 (2.44)

.119 (3.02)

.053 (1.35)

.140 (3.56)

.070 (1.78)

.133 (3.38)

.053 (1.35)

Series 800, 802, 803, 804 6-23 7-25 8-28 9-210
Series 801 6-23 7-25 8-28 9-210
Series 805 8-23 9-25 10-28 11-210

Contact Size 20HD 20HD 20HD 20HD
No. of Contacts 3 5 8 10

DWV Voltage (VAC) 1000 1000 1000 1000
Current Rating (Amps) 5 5 5 5

REV. 07.28.22

Size 20HD Contact Specifications Contact Arrangement

Quantity
Max Current Rating 

(Amps)
AWG

Accepted Vac DWV Series 800 Series 801 Series 802 Series 803 Series 804 Series 805

3 5 #20-#24 1000 6-23 6-23 6-23 6-23 6-23 8-23

5 5 #20-#24 1000 7-25 7-25 7-25 7-25 7-25 9-25

8 5 #20-#24 1000 8-28 8-28 8-28 8-28 8-28 10-28

10 5 #20-#24 1000 9-210 9-210 9-210 9-210 9-210 11-210

20 5 #20-#24 1000 12-220 13-220 12-220 12-220 12-220 15-220

35 5 #20-#24 1000 N/A 16-235 14-235 14-235 14-235 18-235

41 5 #20-#24 1000 N/A 17-241 15-241 N/A N/A 19-241

55 5 #20-#24 1000 N/A 19-255 19-255 N/A N/A 21-255

69 5 #20-#24 1000 N/A 21-269 21-269 N/A N/A 23-269
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Inert Arrangement
Mating Face View of Pin 
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PCB Footprint

.221 (5.61)

.196 (4.98)
.126 (3.20)

.092 (2.34)

.026 (0.66)

.215 (5.46)

.092 (2.34)

.166 (4.22)

.079 (2.01)

.220 (5.59)

.182 (4.62)

.103 (2.62)

.106 (2.69)

.207 (5.26)

.147 (3.73)

.053 (1.35)
.301 (7.65)

.264 (6.71)

.196 (4.98)

.090 (2.29)

.028 (0.71)

.209 (5.31)

.172 (4.37)
.104 (2.64)

.073 (1.85)

.199 (5.05)

.181 (2.54)

.100 (2.54)

.086 (2.18)

.305 (7.75)

.053 (1.35)

.287 (7.29)
.234 (5.94)

.153 (3.89)

Series 800, 802, 803, 804 12-220 14-2351

Series 801 13-220 16-235
Series 805 15-220 18-235

Contact Size 20HD 20HD
No. of Contacts 20 35

DWV Voltage (VAC) 1000 1000
Current Rating (Amps) 5 5

SERIES 80
Mighty Mouse Connectors and Cables
Size 20HD Standard Contact Layouts and  
PCB Footprints

1. Not available for Series 800 2. Not available for Series 803 or 804

REV. 07.28.22
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SERIES 80
Mighty Mouse Connectors and Cables
Size 20HD Standard Contact Layouts and 
PCB Footprints

1. Not available for Series 800 2. Not available for Series 803 or 804

REV. 07.28.22

Inert Arrangement
Mating Face View of Pin 
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PCB Footprint

.222 (5.64)
.171 (4.34)

.122 (3.10)

.076 (1.93)
.081 (2.06)

.335 (8.51)
.302 (7.67)

.240 (6.10)
.228 (5.79)

.202 (5.13)
.154 (3.91)

.130 (3.30)
.110 (2.79)

.053 (1.35)

.028 (0.71)

.027 (0.69)

.188 (4.78)

.106 (2.69)
.053 (1.35)

.226 (5.74)
.213 (5.41)

.119 (3.02)

.096 (2.44)

.151 (3.84)

.055 (1.40)

.335 (8.51)
.302 (7.67)

.240 (6.10)

.154 (3.91)

ARRANGEMENT NO. 17-241

  41 #20HD CONTACTS

.276 (7.01)

.092 (2.34)

.184 (4.67)

.371 (9.42)

.318 (8.08)

.265 (6.73)

.212 (5.38)
.159 (4.04)

.106 (2.69)

.053 (1.35)

Series 800, 802, 803, 804 15-2411, 2 19-2551, 2

Series 801 17-241 19-255
Series 805 19-241 21-255

Contact Size 20HD 20HD
No. of Contacts 41 55

DWV Voltage (VAC) 1000 1000
Current Rating (Amps) 5 5
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Inert Arrangement
Mating Face View of Pin 

Contacts
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PCB Footprint

.251 (6.38)
.326 (8.28)

.379 (9.63)
.432 (10.97)

.145 (3.68)

.198 (5.03)

.220 (5.59)
.273 (6.93)

.326 (8.28)

.053 (1.35)

.106 (2.69)

.128 (3.25)

.159 (4.04)

.106 (2.69)
.198 (5.03)

.290 (7.37)
.365 (9.27)

.418 (10.62)

.053 (1.35)
.128 (3.25)

.181 (4.60)

.273 (6.93)
.234 (5.94)

.326 (8.28)

Series 800, 802, 803, 804 21-2691, 2

Series 801 21-269
Series 805 19-241

Contact Size 20HD
No. of Contacts 69

DWV Voltage (VAC) 1000
Current Rating (Amps) 5

REV. 07.28.22


