I]]Il!""!] SERIES 80 |
I Mighty Mouse Connectors and Cables lenair;

Standard Contact Layouts and Specifications

#23 #20HD #16 #12 #8 Test VAC | Series 800 | Series 801 | Series 802 | Series 803 | Series 804 | Series 805
3 750 5-3 5-3 5-3 5-3 5-3 N/A
750 6-4 6-4 6-4 6-4 6-4 8-4
750 6-6 6-6 6-6 6-6 6-6 8-6
7 750 6-7 6-7 6-7 6-7 6-7 8-7
10 750 7-10 7-10 7-10 7-10 7-10 9-10
13 750 8-13 8-13 8-13 8-13 8-13 10-13
19 750 9-19 9-19 9-19 9-19 9-19 1-19
26 750 10-26 10-26 10-26 10-26 10-26 12-26
31 750 N/A 11-31 N/A 1-31 11-31 13-31
37 750 12-37 13-37 12-37 12-37 12-37 15-37
55 750 N/A 16-55 14-55 14-55 14-55 18-55
85 750 N/A 17-85 15-85 N/A N/A 19-85
100 750 N/A 19-100 19-100 N/A N/A 21-100
130 750 N/A 21-130 21-130 N/A N/A 23-130
1000 6-23 6-23 6-23 6-23 6-23 8-23
1000 7-25 7-25 7-25 7-25 7-25 9-25
1000 8-28 8-28 8-28 8-28 8-28 10-28
10 1000 9-210 9-210 9-210 9-210 9-210 1-210
20 1000 12-220 13-220 12-220 12-220 12-220 15-220
35 1000 N/A 16-235 14-235 14-235 14-235 18-235
41 1000 N/A 17-241 15-241 N/A N/A 19-241
55 1000 N/A 19-255 19-255 N/A N/A 21-255
69 1000 N/A 21-269 21-269 N/A N/A 23-269
1 1800 6-1 6-1 6-1 6-1 6-1 8-1
2 1800 8-2 8-2 8-2 8-2 8-2 10-2
4 1800 9-4 9-4 9-4 9-4 9-4 1-4
5 1800 10-5 10-5 10-5 10-5 10-5 12-5
7 1800 12-7 13-7 12-7 12-7 12-7 15-7
12 1800 N/A 16-12 14-12 14-12 14-12 18-12
14 1800 N/A 17-14 15-14 N/A N/A 19-14
19 1800 N/A 19-19 19-19 N/A N/A 21-19
22 1800 N/A 21-22 21-22 N/A N/A 23-22
1 1800 7-1 7-1 7-1 7-1 7-1 9-1
2 1800 10-2 10-2 10-2 10-2 10-2 12-2
2 1800 12-2 13-2 12-2 12-2 12-2 15-2
3 1800 12-3 13-3 12-3 12-3 12-3 15-3
4 1800 N/A 16-4 14-4 14-4 14-4 18-4
5 1800 N/A 16-5 14-5 14-5 14-5 18-5
7 1800 N/A 17-7 15-7 N/A N/A 19-7
12 1800 N/A 21-12 21-12 N/A N/A 23-12
1 1800 N/A 8-1 8-1 N/A N/A 10-1
2 1800 N/A 16-2 14-2 N/A N/A 18-2
3 1800 N/A 17-3 15-3 N/A N/A 19-3
4 1800 N/A 19-4 19-4 N/A N/A 21-4
5 1800 N/A 21-5 21-5 N/A N/A 23-5
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ll]ll!""ii SERIES 80 |
I Mighty Mouse Connectors and Cables lenair:

Combo Contact Layouts and Specifications

#23 20 #16 #12 #8 TestVac | Series 800 | Series 801 | Series 802 | Series 803 | Series 804 | Series 805
4 2 750 8-200 8-200 8-200 8-200 8-200 10-200
8 2 750 9201 9-201 9-201 9-201 9-201 11-201
750 9-200 9-200 9-200 9-200 9-200 11-200
8 2 750 10-202 10-202 10-202 10-202 10-202 12-202
58 4 750 N/A 17-206 15-206 N/A N/A 19-206
12 1 750 10-200 10-200 10-200 10-200 10-200 12-200
2 750 10-201 10-201 10-201 10-201 10-201 12-201
6 2 750 12-200 13-200 12-200 12-200 12-200 15-200
10 2 750 12-201 13-201 12-201 12-201 12-201 15-201
20 2 1300 12-202 13-202 12-202 12-202 12-202 15-202
12 4 1300 12-203 13-203 12-203 12-203 12-203 15-203
40 2 1300 N/A 16-204 14-204 14-204 14-204 18-204
32 4 1300 N/A 16-205 14-205 14-205 14-205 18-205
40 4 1300 N/A 17-203 15-203 N/A N/A 19-203
12 2 1300 12204 13204 12204 12204 12204 15204
4 4 1300 12205 13205 12205 12205 12205 15205
34 2 1300 N/A 16-206 14-206 14-206 14-206 18-206
20 4 1300 N/A 16-207 14-207 14-207 14-207 18-207
28 4 1300 N/A 17-204 15204 N/A N/A 19-204
18 1 1300 N/A N/A N/A N/A 11-201 13201
32 1 1300 N/A 16-208 14-208 N/A 14-208 18-208
40 1 1300 N/A 17-205 15205 N/A N/A 19-205
44 2 1300 N/A 19-201 19201 N/A N/A 21201
12 4 1300 N/A 19-202 19-202 N/A N/A 21202
28 4 1300 N/A 21-200 21-200 N/A N/A 23-200
Connector Class #23 20 #16 #12 #8 #23 20 #16 #12 #8
Glass-to-Metal Hermetic | 3 5 10 17 33 #22-#28 | #20-#24 | #16-#20 | #12-#414 | 48
Code Red Hermetic 5 7.5 13 23 46
Important: glass-to metal hermetic sealed connector
contacts have lower currents rating than environmental
connector contacts. If a higher current rating is required
consider Glenair Code Red connectors, which use stan-
dard, lighter copper contacts.
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SERIES 80
Mighty Mouse Connectors and Cables

Series 800 Contact Arrangements,
Mating Face of Pin Insert Shown

SIZE #23 CONTACTS, TESTED AT 750 VAC

Insert Arrangement

No. of Contacts
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Insert Arrangement

No. of Contacts

Insert Arrangement

No. of Contacts

SIZE #16 CONTACTS, TESTED AT 1800 VAC 1
© & &
AK/ 3 5

61 ‘ 82 ‘ 9-4 ‘ 10-5 ‘ 127

oy
N
KEEN
o

Insert Arrangement

No. of Contacts

SIZE #12 CONTACTS, TESTED AT 1800 VAC

@ ey &

Insert Arrangement 7-1 10-2 12-2 12-3
No. of Contacts 1 2 2 3
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l]lll!""!i SERIES 800 UN THREAD MATING
I Mighty Mouse Connectors and Cables lenair.

E Series 800 Combo Contact Arrangements,
Mating Face of Pin Insert Shown

SIZE #20 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

2] 4 3 2 1
Q0 Soele
S S/E OO
oQ Q000
6 5 1009 8 7
Insert Arrangement 8-200 9-201
Contact Size #20 #23 #20 #23
No. of Contacts 2 4 2 8

SIZE #16 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

2 1 3 2
[e)e]
0OQ
6 5 9 19 8
Insert Arrangement 9-200 10-202
Contact Size #16 #23 #16 #23
No. of Contacts 2 4 2 8

3 1

2
O
54

8 7 6
Insert Arrangement 10-200 10-201 12-200
Contact Size #12 #23 #12 #23 #12 #23
No. of Contacts 1 12 2 4 2 6
SIZE #16 AND SIZE #23, COMBO CONTACT AR- SIZE #12 AND SIZE #23, COMBO CONTACT AR-
RANGEMENTS, TESTED AT 1300 VAC RANGEMENTS, TESTED AT 1300 VAC
0.0
44— o2
(00
Insert Arrangement Insert Arrangement 12-204 12-205
Contact Size Contact Size #12 #23 #12 #23
No. of Contacts No. of Contacts 2 12 4 4
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SERIES 80 |
Mighty Mouse Connectors and Cables lenair;

Series 801 Contact Arrangements,
Mating Face of Pin Insert Shown

SIZE #23 CONTACTS, TESTED AT 750 VAC

Insert Arrangement 5-3 6-4 6-6 6-7 7-10 8-13
No. of Contacts 3 4 6 7 10 13

4 1 9 o
9 616 4 5 16 blo9 10
NGRS 10 u piistorpileN
2% 9‘ <MM¢ e _ N v\.: 9 5'1‘: s
olrg1dl » 30-1,¢197,¢ : 32
28 5 ANy
33 é“" 29 46 : SNFNEN 40
37 i a 52 [l 47
55 53
Insert Arrangement 13-37 16-55
No. of Contacts 37 55
6 i 1
15 4. 7
16 23 e 1615
25 36 & 37
35 poo & 49
g 7 ool — 60
a2 & 72
7 % A 83
77 105 ¥ 5
> 86 15 4 106
124 i3
130 ! 125
1
Insert Arrangement 17-85 19-100 21-130
No. of Contacts 85 100 130

SIZE #20HD CONTACT ARRANGEMENTS, TESTED AT 1000 VAC

4

Insert Arrangement 6-23 7-25
No. of Contacts 3 5

Insert Arrangement 16-235 17-241
No. of Contacts 35 4 55 69
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JREETEE  SERIES 80 |
ll' I !l Mighty Mouse Connectors and Cables

E Series 801 Contact Arrangements,
Mating Face of Pin Insert Shown

SIZE #16 CONTACT ARRANGEMENTS, TESTED AT 1800 VAC
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Insert Arrangement

No. of Contacts
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Insert Arrangement 16-12 17-14 19-19 21-22
No. of Contacts 12 14 19 2

SIZE #12 CONTACT ARRANGEMENTS, TESTED AT 1800 VAC

& @ & @

74 ‘ 10-2 ‘ 132

Insert Arrangement

No. of Contacts 1

N N
SO 7

Insert Arrangement

16-4 16-5
4

No. of Contacts

SIZE #8 CONTACT ARRANGEMENTS, TESTED AT 1800 VAC

Insert Arrangement 8-1
Metal Insert 8G1 16G2 17G3 19G4 21G5
Arrangement
4 5

No. of Contacts 1
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IR SERIES 80 ,
Il] I !l Mighty Mouse Connectors and Cables

Series 801 Combo Contact Arrangements,
Mating Face of Pin Insert Shown

SIZE #20 AND SIZE #23 SIGNAL, COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

20 4 3 2 1
Q0 0030
! ’ ° ee ’
Q Q00
6 5 10" 9 8 7
Insert Arrangement 8-200 9-201
Contact Size #20 #23 #20 #23
No. of Contacts 2 4 2 8

SIZE #16 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

2 1 3 2
oG
OQ
CI 9 10 8
Insert Arrangement 9-200 10-202 17-206
Contact Size #16 #23 #16 #23 #16 #23
No. of Contacts 2 4 2 8 4 58

3 1

2
962
54

8 7 6
Insert Arrangement 10-200 10-201 13-200 13-201
Contact Size #12 #23 #12 #23 #12 #23 #12 #23
No. of Contacts 1 12 2 4 2 6 2 10
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ll“n"—“ SERIES 80
I Mighty Mouse Connectors and Cables

Series 801 Combo Contact Arrangements,
Mating Face of Pin Insert Shown

SIZE #16 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 1300 VAC

Insert Arrangement 13-202 13-203 16-204 16-205 17-203
Contact Size #16 #23 #16 #23 #16 #23 #16 #23 #16 #23
No. of Contacts 2 20 4 12 2 40 4 32 4 40

Insert Arrangement 13-204 13-205 16-206 16-207 17-204
Contact Size #12 #23 #12 #23 #12 #23 #12 #23 #12 #23
No. of Contacts 2 12 4 4 2 34 4 20 4 28

15
2019 17 16

Insert Arrangement 21-200
Contact Size #8 #23 #8 #23 #8 #23 #8 #23 #8 #23 #8 #23
No. of Contacts 1 18 1 32 1 40 2 44 4 2 4 28
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SERIES 80 '
AquaMouse Connectors and Cables lenair

Series 802 Contact Arrangements
Mating Face of Pin Insert Shown

SIZE #23 CONTACTS, TESTED AT 750 VAC

Insert Arrangement 5-3 6-4 6-6 6-7 7-10
No. of Contacts 3 4 6 7 10
N ] ! 5
15 .Aof A\ 10
lolo ol
2 —{ 919 ¥ )f‘# -16
2833 f#% : 2923
37 i 34
Insert Arrangement 8-13 9-19 10-26 12-37
No. of Contacts 13 19 26 37
2 ! g
X ¥
15 : 16
31: ; 25
45 : 23
LR
76 y 7
85 + 77
93 @ 86
98 P14 o
100 £
!
Insert Arrangement 14-55 15-85 19-100
No. of Contacts 55 85 100
6, I 1
15 7
2 & o
26
43: & 37
50— & )
n-- { i — 60
82 & 72
94 & 83
105 W 95
115 4 106
124 16
130 | 125
[
1
Insert Arrangement 21-130
No. of Contacts 130
M-16 © 2022 Glenair, Inc « 1211 Air Way, Glendale, CA 91201 - 818-247-6000 - www.glenair.com « U.S. CAGE code 06324 - Mighty Mouse Catalog

Dimensions in inches (millimeters) are subject to change without notice



ll“p---—!] SERIES 80
I AquaMouse Connectors and Cables

Series 802 Contact Arrangements
Mating Face of Pin Insert Shown

SIZE #20HD CONTACTS, TESTED AT 1000 VAC

Insert Arrangement

No. of Contacts

Insert Arrangement

No. of Contacts 35 41 55

SIZE #16 CONTACTS, TESTED AT 1800 VAC

~
~

TN,

Insert Arrangement

No. of Contacts

2 1 2 1 3 L 1
: DY
5 s 3 7 ‘IL\* AN/ 4 9
NN N A
RS G e ¥ R
RIIVNYNNE R 7 XTY
7/\)/ 3 o 12 T\jl' 10 6 B 18 14
“ 1w 13 197 T F » ®
Insert Arrangement 14-12 15-14 19-19 21-22
No. of Contacts 12 14 19 22
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SERIES 80
AquaMouse Connectors and Cables lenair

Series 802 Contact Arrangements
Mating Face of Pin Insert Shown

SIZE #12 CONTACTS, TESTED AT 1800 VAC

® © &

7-1 ‘ 10-2 ‘ 12-2 ‘ 12-3
1

Insert Arrangement

No. of Contacts

e s AN A 2N
SO 5 X

Insert Arrangement

14-4 ‘ 14-5 ‘ 15-7 ‘ 21-12

No. of Contacts 4

SIZE #8 CONTACT ARRANGEMENTS, TESTED AT 1800 VAC

©

Insert Arrangement 8-1 14-2 15-3
Metal Insert 8G1 G2 15G3 19G4 21G5
Arrangement
No. of Contacts 1 2 3 4 5
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l]]ll!""ii SERIES 80
I AquaMouse Connectors and Cables lenair.

E Series 802 Combo Contact Arrangements
Mating Face of Pin Insert Shown

SIZE #20 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

2.1 4 3 2 1
od
0000
A\ S/E Heo )
29 Q00
6 5 10" 9 8 7
Insert Arrangement 8-200 9-201
Contact Size #20 #23 #20 #23
No. of Contacts 2 4 2 8

SIZE #16 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

2] 3 ] 2
od
0OQ
6 5 9 10 8
Insert Arrangement 9-200 10-202 15-206
Contact Size #16 #23 #16 #23 #16 #23
No. of Contacts 2 4 2 8 4 58

3 1

2
G52
560%64

8 5 %6
Insert Arrangement 12-200
Contact Size #12 #23 #12 #23 #12 #23 #12 #23
No. of Contacts 1 12 2 4 2 6 2 10
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SERIES 80 '
AquaMouse Connectors and Cables lenair.

Series 802 Combo Contact Arrangements
Mating Face of Pin Insert Shown

SIZE #16 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 1300 VAC

Insert Arrangement 12-202 12-203 14-204 14-205 15-203
Contact Size #16 #23 #16 #23 #16 #23 #16 #23 #16 #23
No. of Contacts 2 20 4 12 2 40 4 32 4 40

Insert Arrangement 12-204 12-205 14-206 14-207 15-204
Contact Size #12 #23 #12 #23 #12 #23 #12 #23 #12 #23
No. of Contacts 2 12 4 4 2 34 4 20 4 28

Insert Arrangement
Contact Size #8 #23 #8 #23 #8 #23
No. of Contacts 1 32 1 40 2 44

21 15
20 19 17 16

Insert Arrangement 19-202 21-200
Contact Size #8 #23 #8 #23
No. of Contacts 4 12 4 28
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lll.p---—ii SERIES 80 |
I Mighty Mouse Connectors and Cables lenair:

Series 803 Standard Contact Arrangements,
Mating Face of Pin Insert Shown

SIZE #23 CONTACT ARRANGEMENTS, TESTED AT 750 VAC

Insert Arrangement

No. of Contacts

4 1
‘I59 .Lol N\ 510
3 é T()--(
2 — 911 e -16
> b
il
33 29
37 i d
Insert Arrangement 9-19 10-26 11-31 12-37 14-55
No. of Contacts 19 26 31 37 55

SIZE #20HD CONTACT ARRANGEMENTS, TESTED AT 1000 VAC

f 2 1 2
1 2
1 2 OIA 8 OO 3
740 o3 O O
b . 9 m
5 3 OALNQ
3 7 OQ /"4
4 6 4
e 6 s

6-23 ‘ 7-25 ‘ 8-28 ‘ 9-210 ‘ 12-220 ‘ 14-235

Insert Arrangement

No. of Contacts

SIZE #16 CONTACT ARRANGEMENTS, TESTED AT 1800 VAC

Insert Arrangement

6-1 8-2 9-4 10-5 12-7 14-12
No. of Contacts

SIZE #12 CONTACT ARRANGEMENTS, TESTED AT 1800 VAC

® & ® &

.
S
2\
5%

Insert Arrangement 10-2 12-2 12-3 14-4 14-5
No. of Contacts 1 2 2 3 4 5
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SERIES 80
Mighty Mouse Connectors and Cables

Series 803 Combo Contact Arrangements,
Mating Face of Pin Insert Shown

SIZE # 20 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

2 1 4 3 2 1
Qg 0000
4T3 6~56 )5
0Q Q00
6 5 1079 8 7
Insert Arrangement 8-200 9-201
Contact Size #20 #23 #20 #23
2 4 2 8

No. of Contacts

SIZE #16 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

2 1 3 2
[e}e)
OQ
6 5 9 10 8
Insert Arrangement 9-200 10-202
Contact Size #16 #23 #16 #23
4 2 8

No. of Contacts

3 1

2
54

8 5 6

12-200

Insert Arrangement

Contact Size

No. of Contacts
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SERIES 80 |
Mighty Mouse Connectors and Cables lenair;

Series 804 Contact Layouts
Mating Face of Pin Insert Shown

SIZE #23 CONTACTS, TESTED AT 750 VAC

Insert Arrangement

No. of Contacts

o b | ! I ¢
o1 5 16. o @ 10
15 é; o 10 , I; ¢,i 1 e\
2 " ld) _ ¢ o .25
J ‘g‘}' i 2316 39-418,019 .rv 32
28 Tl e
13 +¢ 9 46 TYA ¢lole =Y
37 1 4 52 ! 47
55 53
Insert Arrangement 9-19 10-26 1-31 12-37 14-55
No. of Contacts 19 26 31 37 55

Insert Arrangement 6-23 7-25 8-28 9-210 12-220 14-235
No. of Contacts 3 5 8 10 20 35
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ll“p---—!] SERIES 80
I Mighty Mouse Connectors and Cables

E Series 804 Contact Layouts
Mating Face of Pin Insert Shown

SIZE #16 CONTACT ARRANGEMENTS, TESTED AT 1800 VAC

& & &
SNX

4 3

Insert Arrangement

No. of Contacts

61 ‘ 82 ‘ 94 ‘

SIZE #12 CONTACTS ARANGEMENTS, TESTED AT 1800 VAC

© e &

7-1 10-2 12-2 12-3
2

(G0
stpé :

Insert Arrangement

No. of Contacts

7
SO

14-4 ‘

52

-5
5

Insert Arrangement

No. of Contacts

© 2022 Glenair, Inc « 1211 Air Way, Glendale, CA 91201 - 818-247-6000 - www.glenair.com « U.S. CAGE code 06324 - Mighty Mouse Catalog
Dimensions in inches (millimeters) are subject to change without notice

M-25



SERIES 80
Mighty Mouse Connectors and Cables

Series 804 Combo Contact Layouts
Mating Face of Pin Insert Shown

SIZE #20 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

21 4 3 2 1
[o%e)
(Se0s)
S S/E HooT°
OQ 0,000
6 5 10" 9 8 7
Insert Arrangement 8-200 9-201
Contact Size #12 #23 #12 #23
No. of Contacts 2 4 2 8

SIZE #16 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

2 1 3 2
[ee)
OQ
6 5 9 190 8
Insert Arrangement 9-200 10-202
Contact Size #16 #23 #16 #23
No. of Contacts 2 4 2 8

3 1

2
G52
5600064

8 5 %6
Insert Arrangement 10-200 10-201 12-200
Contact Size #12 #23 #12 #23 #12 #23
No. of Contacts 1 12 2 4 2 6
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lll.p---—ii SERIES 80 |
I Mighty Mouse Connectors and Cables lenair:

Series 804 Combo Contact Layouts
Mating Face of Pin Insert Shown

SIZE #16 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 1300 VAC

Insert Arrangement 12-202 12-203 14-204 14-205
Contact Size #16 #23 #16 #23 #16 #23 #16 #23
No. of Contacts 2 20 4 12 2 40 4 32
VAC Test Voltage 1300 1300 1300 1300

SIZE #12 AND SIZE #23, COMBO CONTACT ARRANGEMENTS, TESTED AT 1300 VAC

Insert Arrangement
Contact Size

No. of Contacts

Insert Arrangement

Contact Size

No. of Contacts
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SERIES 80
Mighty Mouse Connectors and Cables

Series 805 Contact Layouts
Mating Face of Pin Insert Shown

lenair.

IGHT

SIZE #23 SIGNAL CONTACTS, TESTED AT 750 VAC

Insert Arrangement

No. of Contacts 4 6

Insert Arrangement

No. of Contacts 19

Insert Arrangement 18-55
No. of Contacts 55 85
2 _L 1 6 i 1
% pie 15 A 7 16
15 o+ 16 25 ¥ 26
24
. : o : ; ,
45 23 50— " 49
5{ - 4 4 71 ._{ — 60
66 82 & 72
76 i 7 94 N 83
85 t 77 105 M 5
93 86 115 & 106
98 P19 2 124 16
100 2 & | 125
| T
. 1
Insert Arrangement 21-100 23-130
No. of Contacts 100 130

M-28
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ll]ll!""!] SERIES 80 |
I Mighty Mouse Connectors and Cables lenair.

Series 805 Contact Layouts
Mating Face of Pin Insert Shown

SIZE #20HD POWER CONTACTS, TESTED AT 1000 VAC

Insert Arrangement

No. of Contacts

Insert Arrangement

No. of Contacts

SIZE #16 POWER CONTACTS, TESTED AT 1800 VAC

s ® B @
RS ARG e

8-1 ‘ 10-2 ‘ 1-4 ‘ 12-5 15-7

Insert Arrangement

No. of Contacts

2
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NPT 1 10

12
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18-12 ‘ 19-14 ‘ 21-19 ‘ 23-22

Insert Arrangement

No. of Contacts 19
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SERIES 80
Mighty Mouse Connectors and Cables

Series 805 Contact Layouts
Mating Face of Pin Insert Shown

SIZE #12 POWER, TESTED AT 1800 VAC

Insert Arrangement

No. of Contacts

IS
w

Insert Arrangement

18-4 ‘ 18-5 ‘ 19-7 ‘ 23-12

No. of Contacts

SIZE #8 CONTACT ARRANGEMENTS, TESTED AT 1800 VAC

Insert Arrangement 10-1 18-2 19-3
Metal Insert 10G1 18G2 19G3 2G4 23G5
Arrangement
Contact Size #8 #8 #8 #8 #8
No. of Contacts 1 2 3 4 5
VAC Test Voltage 1800 1800 1800 1800 1800
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JREETEE  SERIES 80 |
ll' I !l Mighty Mouse Connectors and Cables

E Series 805 Contact Layouts
Mating Face of Pin Insert Shown

SIZE 20 AND SIZE 23 COMBO CONTACT ARRANGEMENTS, TESTED AT 750 VAC

201 4 3 2 1
OO0
(0,000)
4 TOOT3 6~5075
OQ Q000
6 5 079" 8 7
Insert Arrangement 10-200 11-201
Contact Size #20 #23 #20 #23
No. of Contacts 2 4 2 8

SIZE 16 AND SIZE 23 COMBO CONTACTS ARRANGEMENTS, TESTED AT 750 VAC

2 1 3 2
o
OQ
@ 3 9 10 8
Insert Arrangement 11-200 12-202 19-206
Contact Size #16 #23 #16 #23 #16 #23
No. of Contacts 2 4 2 8 4 58

Insert Arrangement 12-200 15-201
Contact Size #12 #23 #12 #23
No. of Contacts 1 12 2 10
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SERIES 80 |
Mighty Mouse Connectors and Cables lenair;

Series 805 Contact Layouts
Mating Face of Pin Insert Shown

SIZE 16 AND SIZE 23 COMBO CONTACT ARRANGEMENTS, TESTED AT 1300 VAC

Insert Arrangement 15-202 15-203 18-204 18-205 19-203
Contact Size #16 #23 #16 #23 #16 #23 #16 #23 #16 #23
No. of Contacts 2 20 4 12 2 40 4 32 4 40

Insert Arrangement 15-204 15-205 18-206 18-207 19-204
Contact Size #12 #23 #12 #23 #12 #23 #12 #23 #12 #23
No. of Contacts 2 12 4 4 2 34 4 20 4 28

Insert Arrangement
Contact Size #8 #23 #8 #23 #8 #23
No. of Contacts 1 18 1 32 1 40

21 15
20 19 17 16

Insert Arrangement 23-200
Contact Size #8 #23 #8 #23 #8 #23
No. of Contacts 2 44 4 12 4 28
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