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SERIES 80
Mighty Mouse Connectors and Cables
Size 20/23, 16/23, and 12/23 Combo Contact 
Layouts and PCB Footprints; Tested at 1300 VAC

Inert Arrangement
Mating Face View of Pin Contacts
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PCB Footprint

.086 (2.18)

.149 (3.78)

.172 (4.37)

.086 (2.18)

.149 (3.78)

.172 (4.37)

.038 (0.97)

.115 (2.92)

.156 (3.96)

.066 (1.68)

.115 (2.92)

.128 (3.25)
.166 (4.22)

.038 (0.97)

.076 (1.93)

.115 (3.25)

.170 (4.32)
.236 (5.99)

Series 800, 802, 803, 804 10-200 10-201 12-200 12-201
Series 801 10-200 10-201 13-200 13-201
Series 805 12-200 12-201 15-200 15-201

Contact Size #12 #23 #12 #23 #12 #23 #12 #23
No. of Contacts 1 12 2 4 2 6 2 10

Inert Arrangement
Mating Face View of Pin Contacts
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PCB Footprint

.038 (0.97)

.085 (2.16)

.142 (3.61)

.066 (1.68)

.085 (2.16)

.118 (3.00)
.156 (3.96)

.194 (4.93)

.038 (0.97)
.113 (2.87)

.242 (6.15)
.182 (4.62)

.289 (7.34)
.322 (8.18)

.339 (8.61)

.048 (1.22)

.122 (3.10)
.135 (3.43)

.229 (5.82)
.217 (5.51)

.258 (6.55)

.038 (0.97)

.113 (2.87)

.182 (4.62)

.242 (6.15)

.289 (7.34)

.322 (8.18)

.339 (8.61)

.064 (1.63)

.075 (1.90)

.135 (3.43)

.195 (4.95)

.263 (6.55)

.147 (3.73)

.085 (2.16)

Series 800, 802, 803, 804 9-200 10-202 15-206
Series 801 9-200 10-202 17-206
Series 805 11-200 12-202 19-206

Contact Size #16 #23 #16 #23 #16 #23
No. of Contacts 2 4 2 8 4 58

SIZE 12 AND 23 COMBINATION CONTACT ARRANGEMENTS

SIZE 16 AND 23 COMBINATION CONTACT ARRANGEMENTS

Rev. 07.21.22
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SERIES 80
Mighty Mouse Connectors and Cables
Size 16/23, 12/23, and 8/23 Combo Contact 
Layouts and PCB Footprints; Tested at 1300 VAC

1. Not available for Series 800 2. Not available for Series 803 or 804

SIZE 16 AND 23 COMBO CONTACT ARRANGEMENTS 
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.226 (5.74)
.192 (4.88)

.136 (3.45)
.128 (3.25)

.045 (1.14)

.226 (5.74)

.192 (4.88)

.128 (3.25)

.085 (2.16)

.045 (1.14)

.085 (2.16)

.085 (2.16)

.215 (5.46)
.183 (4.65)

.084 (2.13)

.215 (5.46)

.183 (4.65)

.084 (2.13)
.045 (1.14)
.163 (4.14)
.232 (5.89)
.281 (7.14)
.307 (7.80)

.085 (2.16)

.175 (4.44)

.217 (5.51)

.045 (1.14)
.131 (3.33)

.206 (5.23)
.264 (6.71)

.306 (7.77)

.045 (1.14)

.125 (3.17)
.130 (3.30)

.099 (2.51)

.189 (4.80)
.220 (5.59)

Series 800, 802, 803, 804 12-202 12-203 14-2041 

Series 801 13-202 13-203 16-204
Series 805 15-202 15-203 18-204

Contact Size #16 #23 #16 #23 #16 #23
No. of Contacts 2 20 4 12 2 40

Contact Size, Quantity and Specifications Contact Arrangement

#23 #16 #12 #8
AWG

Accepted
Tested  

Vac
Series 

800
Series 

801
Series 

802
Series 

803
Series 

804
Series 

805

20 2 #22-#28 1300 12-202 13-202 12-202 12-202 12-202 15-202

12 4 #22-#28 1300 12-203 13-203 12-203 12-203 12-203 15-203

40 2 #22-#28 1300 N/A 16-204 14-204 14-204 14-204 18-204

32 4 #22-#28 1300 N/A 16-205 14-205 14-205 14-205 18-205

40 4 #22-#28 1300 N/A 17-203 15-203 N/A N/A 19-203

58 4 #22-#28 1300 N/A 17-206 15-206 N/A N/A 19-206

12 2 #22-#28 1300 12-204 13-204 12-204 12-204 12-204 15-204

4 4 #22-#28 1300 12-205 13-205 12-205 12-205 12-205 15-205

34 2 #22-#28 1300 N/A 16-206 14-206 14-206 14-206 18-206

20 4 #22-#28 1300 N/A 16-207 14-207 14-207 14-207 18-207

28 4 #22-#28 1300 N/A 17-204 15-204 N/A N/A 19-204

18 1 #22-#28 1300 N/A 11-201 11-201 N/A 11-201 13-201

32 1 #22-#28 1300 N/A 16-208 14-208 N/A 14-208 18-208

40 1 #22-#28 1300 N/A 17-205 15-205 N/A N/A 19-205

44 2 #22-#28 1300 N/A 19-201 19-201 N/A N/A 21-201

12 4 #22-#28 1300 N/A 19-202 19-202 N/A N/A 21-202

28 4 #22-#28 1300 N/A 21-200 21-200 N/A N/A 23-200

Rev. 07.21.22
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SERIES 80
Mighty Mouse Connectors and Cables
Size 16/23, 12/23, and 8/23 Combo Contact 
Layouts and PCB Footprints; Tested at 1300 VAC
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.078 (1.98)

.115 (2.92)

.168 (4.27)

.112 (2.84)
.157 (3.99)

.202 (5.13)

.115 (2.92)

.227 (5.77)

.115 (2.92)
.227 (5.77)

.045 (1.14)

.174 (4.42)

.241 (6.12)

.307 (7.80)

.115 (2.92)

.090 (2.29)

.152 (3.86)

.238 (6.05)

.045
.193

.255
.300

.103 (2.62)
.144 (3.66)

.156 (3.96)
.222 (5.64)

Series 800, 802, 803, 804 12-204 12-205 14-2061 

Series 801 13-204 13-205 16-206
Series 805 15-204 15-205 18-206

Contact Size #12 #23 #12 #23 #12 #23
No. of Contacts 2 12 4 4 2 34

SIZE 12 AND 23 COMBO CONTACT ARRANGEMENTS

1. Not available for Series 800 2. Not available for Series 803 or 804

SIZE 16 AND 23 COMBO CONTACT ARRANGEMENTS 
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.045 (1.14)

.085 (2.16)

.081 (2.06)

.161 (4.09)

.177 (4.50)

.184 (4.67)

.224 (5.69)

.266 (6.76)

.307 (7.80)

.045 (1.14)

.085 (2.16)
.081 (2.06)

.161 (4.09)

.177 (4.50)
.184 (4.67)

.266 (6.76)
.307 (7.80)

.224 (5.69)

.124 (3.15)

.202 (5.13)

.266 (6.76)

.311 (7.90)

.334 (8.48)

.050 (1.27)

.085 (2.16)

.128 (3.25)

.184 (4.67)

.214 (5.44)

.259 (6.58)

.124 (3.15)
.202 (5.13)

.266 (6.76)
.311 (7.90)

.334  (8.48)

.050 (1.27)
.085 (2.16)

.128 (3.25)
.184 (4.67)

.214 (5.44)
.259 (6.58)

Series 800, 802, 803, 804 14-2051 15-2031 ,2

Series 801 16-205 17-203
Series 805 18-205 19-203

Contact Size #16 #23 #16 #23
No. of Contacts 4 32 4 40
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.115 (2.92)

.227 (5.77)

.045 (1.14)
.130 (3.30)

.275 (6.99)
.305 (7.75)

.045 (1.14)

.130 (3.30)

.275 (6.99)

.305 (7.75)

.115 (2.92)
.227 (5.77)

.163 (4.14)

.235 (5.97)

.290 (7.37)

.333 (8.46)

.073 (1.85)

.115 (2.92)

.227 (5.77)

.280 (7.11)

.163 (4.14)
.235 (5.97)

.290 (7.37)
.333 (8.46)

.073 (1.85)
.115 (2.92)

.227 (5.77)
.280 (7.11)

Series 800, 802, 803, 804 14-2071 15-2041 ,2

Series 801 16-207 17-204
Series 805 18-207 19-204

Contact Size #12 #23 #12 #23
No. of Contacts 4 20 4 20

SIZE 12 AND 23 COMBO CONTACT ARRANGEMENTS

SERIES 80
Mighty Mouse Connectors and Cables
Size 16/23, 12/23, and 8/23 Combo Contact 
Layouts and PCB Footprints; Tested at 1300 VAC

1. Not available for Series 800 2. Not available for Series 803 or 804
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.038 (0.97)

.109 (2.77)

.168 (4.27)

.206 (5.23)

.219 (5.56)

.075 (1.90)
.141 (3.58)

.190 (4.83)
.216 (5.49)

.117 (2.97)

.216 (5.49)

.282 (7.16)

.305 (7.75)

.045 (1.14)

.128 (3.25)

.192 (4.88)

.227 (5.77)

.117 (2.97)
.216 (5.49)

.282 (7.16)
.305 (7.75)

.045 (1.14)
.128 (3.25)

.192 (4.88)
.227 (5.77)

.023 (0.58)

.067 (1.70) 
.148 (3.76) 

.208 (5.28) 
.241 (6.12) 

.110 (2.79)
.182 (4.62)

.229 (5.82)
.246 (6.25)

.089 (2.26)
.166 (4.22)

.220 (5.59)
.244 (6.20)

.045 (1.14)
.129 (3.28)

.197 (5.00)
.237 (6.02)

.023 (0.58)

.046 (1.17)
.134 (3.40)

.212 (5.38)
.274 (6.96)

.315 (8.00)
.334 (8.48)

.090 (2.29)
.245 (6.22)

.174 (4.42)
.297 (7.54)

.112 (2.84)
.193 (4.90)

.260 (6.60)
.307 (7.80)

.331 (8.41)

.328 (8.33)

.335 (8.51)
.322 (8.18) 

.286 (7.26) 

.068 (1.73) 
.154 (3.91) 

.228 (5.79) 

Series 800, 802, 803, 804 11-201 14-2081 15-2051, 2

Series 801 11-201 16-208 17-205
Series 805 13-201 18-208 19-205

Contact Size #8 #23 #8 #23 #8 #23
No. of Contacts 1 18 1 32 1 40

SIZE 8 AND 23 COMBINATION CONTACT ARRANGEMENTS 



B-24 © 2022 Glenair, Inc • 1211 Air Way, Glendale, CA 91201 • 818-247-6000 • www.glenair.com • U.S. CAGE code 06324 • Series 80 Mighty Mouse 
Dimensions in inches (millimeters) are subject to change without notice

G
en

er
al

 In
fo

rm
at

io
n

 a
n

d
 R

ef
er

en
ce

SERIES 80
Mighty Mouse Connectors and Cables
Size 16/23, 12/23, and 8/23 Combo Contact 
Layouts and PCB Footprints; Tested at 1300 VAC

1. Not available for Series 800 2. Not available for Series 803 or 804
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.227 (5.77) 

.137 (3.48) 

.045 (1.14)

.133 (3.38)

.222 (5.64)

.292 (7.42)

.345 (8.76)

.379 (9.63)

.053 (1.35)

.088 (2.24)

.141 (3.58)

.211 (5.36)

.180 (4.57)

.105 (2.67) 

.189 (4.80) 

.263 (6.68) 
.320 (8.13) 

.370 (9.40) 
.390 (9.91) 

.207 (5.26)
.223 (5.66)

.280 (7.11)
.300 (7.62)

.068 (1.73)

.180 (4.57)

.316 (8.03)

.376 (9.32)

.068 (1.73)
.180 (4.57)

.316 (8.03)
.376 (9.55)

.045 (1.14)

.124 (3.15)

.180 (4.57)

.208 (5.28)

.315 (8.00)

.393 (9.98)

.404 (10.26)

.437 (11.10)

.180 (4.57)
.315 (8.00)

.393 (9.98)
.404 (10.26)

.437 (11.10)

.045 (1.14)
.124 (3.15)

.208 (5.28)

Series 800, 802, 803, 804 19-2011 ,2 19-2021 ,2 21-2001 ,2

Series 801 19-201 19-202 21-200
Series 805 21-201 21-202 23-200

Contact Size #8 #23 #8 #23 #8 #23
No. of Contacts 2 44 4 12 4 28

SIZE 8 AND 23 COMBO CONTACT ARRANGEMENTS


