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443V*042 EMI/RFI Environmental, Cable Clamp for Size #8 Contacts

How To Order
SAMPLE PART NUMBER 443VS042 ME 12 04 -8 K P

Product
443VS042 = Series 806, Straight Backshell
443VN042 = Series 806, 90° Angle Backshell
443VM042 = Series 806, 45° Angle Backshell

Material/ 
Finish

ME = Aluminum, Electroless Nickel
MT = Aluminum, Ni/PTFE
NF = Aluminum, Olive Drab Cadmium
TZ = Tin-Zinc  
ZR = Aluminum, Black Zinc-Nickel
Z1 = Stainless Steel, Passivated

Shell Size 08 09 10 11 12 14 16 18 20 22 24 

Dash No See Dash Number Table

Length Designate in .25 inch increments (eg. 8 = 2.0 inches)
Applies to straight backshell only

Band K = precoiled band (omit if not required)

Plating 
Shield

P = Polysulfide (omit if not required); when polysulfide barrier is selected for plating, 
shield termination surface shall be electroless nickel plated only. Applies to “NF”, “TZ”, 
and “ZR”

EMI/RFI environmental, extended front end long radius angular function strain relief 
with cable clamp backshell with band in a can banding. Threaded coupling backshell 
with anti-decoupling ratchet prevents loosening under vibration. Accommodates 
Series 806 connectors with size #8 contacts and cable sealing boots. Aluminum or 
stainless steel. 

Features
�		Expanded clearance for El Ochito 

Contacts
�		Self-locking spin coupling

Specifications
� Operating temperature:  

codes ME, and Z1: -65°C to +200°C 
codes ZR, MT, NF, TZ: -65°C to +175°C

� Shell conductivity: 
aluminum versions: 2.5 milliohms max. 
Stainless steel: 5 milliohms max.

� Salt spray (corrosion) 
Code ME: 96 hours 
Code ZR : 500 hours 
Code NF, MT, Z1, TZ: 1000 hours

� Vibration: SAE AS85049 Category 3B
� Shock: SAE AS85049 Category 3B

Construction
� Adapter, elbow, coupling nut, ferrule, 

clamp: see material/finish options in How 
to Order table.

� Anti-decoupling device: corrosion-
resistant material or high grade 
engineering thermoplastic

� O-rings: silicone/N.A.
� Band/hardware: CRES/passivate

Application Notes
� Standard minimum length is 1.50 inches, 

applies to Symbol S, Straight only
� For effective grounding, connector with 

conductive finish should be used.

Dash Number

DASH
NO

J
MAX

CABLE RANGE W
  CLOSED

H MIN
DIAMIN MAX

01 1.05 (26.67) 0.125 (3.18) 0.250 (6.35) 0.264 (6.71) 0.25 (6.35)
02 1.20 (30.48) 0.188 (4.78) 0.375 (9.52) 0.344 (8.74) 0.37 (9.40)
03 1.30 (33.02) 0.312 (7.92) 0.438 (11.13) 0.460 (11.68) 0.43 (10.92)
04 1.44 (36.58) 0.343 (8.71) 0.500 (12.70) 0.545 (13.84) 0.50 (12.70)
05 1.69 (42.93) 0.438 (11.13) 0.625 (15.88) 0.698 (17.73) 0.62 (15.75)
06 1.77 (44.96) 0.562 (14.27) 0.750 (19.05) 0.780 (19.81) 0.75 (19.05)
07 2.12 (53.85) 0.688 (17.48) 0.875 (22.23) 0.950 (24.13) 0.87 (22.10)
08 2.50 (63.50) 0.812 (20.62) 1.000 (25.40) 1.015 (25.78) 1.00 (25.40)
09 2.62 (66.55) 0.938 (23.83) 1.125 (28.58) 1.187 (30.15) 1.12 (28.45)
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MIL-AERO

SERIES
806

443V*042 EMI/RFI Environmental, Cable Clamp for Size #8 Contacts

Shell
Size   

A 
Thd ISO Metric

ØB
Max

ØC
±.005 (0.13)

D
Max

B
Max

F
Max

G
Max

Max
Entry

08 M10 X 1 .710(18.0) 0.269 (6.80) 1.853(47.1) 1.903(48.3) 1.393(35.4) 1.443(36.7) 01
09 M12 X 1 .790(20.1) 0.346 (8.80) 1.853(47.1) 1.903(48.3) 1.393(35.4) 1.443(36.7) 01
10 M14 X 1 .890(22.6) .410(10.4) 1.915(48.6) 1.965(49.9) 1.420(36.1) 1.470(37.3) 02
11 M15 X 1 .930(23.6) .471(11.9) 1.915(48.6) 1.965(49.9) 1.420(36.1) 1.470(37.3) 02
12 M17 X 1 1.010(25.7) .539(13.7) 2.067(52.5) 2.117(53.8) 1.445(36.7) 1.495(38.0) 04
14 M19 X 1 1.090(27.7) .592(15.0) 2.067(52.5) 2.117(53.8) 1.445(36.7) 1.495(38.0) 04
16 M22 X 1 1.210(30.7) .740(18.8) 2.130(54.1) 2.180(55.4) 1.501(38.1) 1.551(39.4) 05
18 M25 X 1 1.330(33.8) .856(21.7) 2.235(56.8) 2.285(58.0) 1.540(39.1) 1.590(40.4) 06
20 M28 X 1 1.450(36.8) .980(24.9) 2.298(58.4) 2.348(59.6) 1.566(39.8) 1.616(41.0) 07
22 M31 X 1 1.570(39.9) 1.070(27.2) 2.359(59.9) 2.409(61.2) 1.548(39.3) 1.598(40.6) 08
24 M34 X 1 1.710(43.4) 1.214(30.8) 2.380(60.5) 2.430(61.7) 1.570(39.9) 1.620(41.1) 09

G

E1.41 (35.8)
  REF TYP

 J
TYP

CABLE
RANGE
 TYP

 H
TYP

.75 (19.1)
TYP

øC

 R.80
(20.3)
 TYP

 R.80
(20.3)
 TYP

.75 (19.1)
TYP

.75 (19.1)
TYP

POLYSULFIDE
STRIPES
P OPTION
TYP

TERMINATION AREA
ELECTROLESS NICKEL PLATED ONLY

KNURL OR RIDGES
MFRS OPTION

TYP

F
D

øB

KNURL STYLE MFR
OPTION - TYP

SYM S
STRAIGHT

ANTI-DECOUPLING
DEVICE - TYP

SYM N
90°SYM M

45°

O-RING TYP

CAPTIVE 
LOCKNUT
TYP  W

TYP

.25 (6.4)
MAX
EXTENSION
(TYP)

LENGTH       
1.38 (35.1)
  MAX TYP

A THREAD
CLASS 6H
TYP


