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’ Table I:
Elenazr Backshell Interface Dimensions
®

TABLE I: BACKSHELL INTERFACE DIMENSIONS

CONNECTOR
DESIGNATOR A THREAD B DIA C DIA D DIA E DIA
F H REFERENCE MAX MAX MAX MAX
08 [9] 7/16 — 28 UNEF 590 (15.) 650 (16.5) 770 (19.6) 690 (17.5)
09 [A] M12x1-6H| 650 (16.5) 770 (19.6) 940 (24.8)
10 [11] 9/16 —24 UNEF | .720 (18.3) 770 (19.6) 890 (22.6) 820 (20.8)
11 [B] M15x1-6H | .770 (19.6) 820 (20.8) 1.060 (26.9)
12 [13] 11/16 —24 UNEF | 840 (21.3) 890 (22.6) | 1.020(25.9) 1940 (23.8)
13[C] M18x1-6H | .890 (22.6) 1940 (23.9) 1.170 (29.7)
14 [15] 13/16-20 UNEF | .970 (24.6) | 1.020(29.2) | 1.150(29.2) 1.060 (26.9)
15 [D] M22x1-6H | 1.030(26.2) | 1.070(26.2) 1.290 (32.7)
16 [17] 15/16 — 20 UNEF | 1.090 (27.7) | 1.150(29.2) | 1.260 (32.0) 1.170 (29.7)
17 [E] M25x1-6H | 1.150(29.2) | 1.210(30.7) 1.420 (36.1)
18 [19] 1116 - 18 UNEF | 1.220(31.0) | 1.230(31.2) | 1.400 (35.6) 1.290 (32.7)
19 [F] M28 x 1—6H | 1.280(32.5) | 1.360 (34.5) 1.540 (39.1)
20 [21] 13/16— 18 UNEF | 1.340 (34.0) 1.360 (345 | 1.530(38.9) 1.420 (36.0)
211[G] M31x1-6H| 1.410(35.8) | 1.480(37.6) 1.670 (42.4)
22 23] 1516 -18 UNEF | 1.470(37.3 | 1.480(37.6) | 1.600 (40.6) 1.540 (39.1)
23 [H] M34x1-6H| 1.530(38.9) | 1.600 (40.6) 2.010 (51.1)
24 [25] 1716 - 18 UNEF | 1.590 (40.4) | 1.730(43.9) | 1.940 (49.3) 1.660 (42.2)
25 [J] M37 x1-6H | 1.660(42.2) | 1.700 (43.2) 2.120 (53.8)
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