RF, Microwave, and mmWave Interconnects

Series 795 High-Density Multi-Port RF Rectangular Connectors lenam

795-002P m Size #8 Contacts m 18 GHz BMB Coax

. m All-Aluminum Body = Environmental
Cable Receptacle, Pin Contacts & Twoto NinePorts  ® Scoop-Proof

Two to nine ports. Size 8 contacts. 795-002 receptacles have one piece 6061-T6 machined
aluminum housings. Fluorosilicone face seal and rear grommet provide environmental protection.
Size 8 pin contact cavities have beryllium copper retention clips. Use with BMB coax contacts
(P/N 852-071, sold separately) or G-LinkRF BMB/SMA coax contacts (852-157, sold separately).

PART NUMBER 795-002P |8-RF4] M | E | L

Base P/N  795-002P

Shown with 50 ohm G-LinkRF
coax contacts (sold separately) See Table 1

8-1RF2 2 contacts
8-1RF3 3 contacts

CONSTRUCTION 8-IRF4 4 contacts
®m  Shell: aluminum Arrangement No. 8-RF5 5 contacts

8-2RF5 5 contacts, two row
8-2RF7 7 contacts, two row
8-2RF9 9 contacts, two row

W Grommet, interfacial seal: fluorosilicone
W Jackscrew, jackpost: SST, passivated
W Retainer clips: copper alloy, unplated

M  Electroless Nickel
MT Nickel-PTFE
SPECIFICATIONS Finish NF Olive Drab Cadmium

: . 3 TZ Tin-Zinc
W Operating temperature: -55 °C to +125 °C , .
P gremp ZR Black Zinc-Nickel

W Shock: EIA-364-27 Condition D

W Vibration: EIA-364-28 Condition V Letter E EMI Spring E EMI Sp_ring

B Shell-to-shell resistance: 2.5 milliohms max. N No Spring
with ground spring option See Table 2

L  Jackscrews, Hex Head #8-32, non-removable
Extended Jackscrews Slot Head #8-32, non-removable

Hardware Option

K

COAX CONTACTS N No Hardware .798 (5.0) diameter thru-holes
Not included with 795-002 connector. P

Sold separately.

Jackposts #8-32, with nut and lock washer

TABLE1 ARRANGEMENT NUMBER

Optimized for Size #8

awscomacs | OO | (OO0 (00O0J] [OOOOT]

SERIES 795 MULTI-PORT RF CONNECTORS

Cable Diameter: 8-1RF2 8-1RF3 8-1RF4 8-1RF5
m Part Number 852-157 .gggz max ik
m Integral release sleeve ’ aewl &L “O ON ASO O OA‘ AAO O O OA«
m Attach SMA plug directly to contact Max F : g w3 A o A 0
PR AHECY aHz OO0 OO0 [OOO00J
for Flexible Coax Cable
8-2RF5 8-2RF7 8-2RF9

TABLE2 HARDWARE OPTION

W See contacts reference page at
the beginning of this section for 0 . 0 . o m
compatible size #8 socket contacts Hex Head Captive = Extended Captive Jackpost, Nut and
Jackscrew, #8-32 Jackscrew, #8-32  Lock washer, #8-32
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No Jackscrew




RF, Microwave, and mmWave Interconnects

Series 795 High-Density Multi-Port RF Rectangular Connectors

795-002P
Cable Receptacle, Pin Contacts

795-002P SINGLE ROW

AMAX
B +.005 (013) —= B
C MAX Arrangement  AMax  +,005(0.13) CMax. D Max.
Number n mm n mm n mm in mm
~———  8IRF2 1850 4699 1475 37.47 1090 2769 1015 2579
A w2 8IRF3 2250 5715 1875 4763 1490 3785 1415 3594
630 (16.00 L OIRES £ ,
M(AX ) D O @ " 8-IRF4 2650 6731 2.275 5779 1890 4801 1815 4610

_BIRF5 3050 7747 2675 6795 2.290 5817 2.215 56.26

094 +.005
(239 £0.13)

&1 e | _

)
1150 (29.2) 7 ] } E’ 500 (12.70)

MAX \ MAX

l \ i JACKSCREW, HEX HD, f
CAPTIVE, 832, TYPE L

| | SHOWN FOR REFERENCE 195+.004

(4.95+.102)

795-002P DUAL ROW

A MAX

~———B+.005(018) ——=

‘ C MAX

B
Arrangement  AMax  +,005(0.13) CMax. D Max.

‘“ *‘4 Number in mm in mm in mm in mm
980 (24.90) @ @ 82RF5  2.250 5715 1875 4763 1490 37.85 1415 3594
A5, . . o .

O 9 " 82RF7 2650 67.31 2.275 5779 1890 48.01 1815 4610
N\ : : : " 8-2RF9  3.050 7747 2.675 6795 2.290 5817 2215 56.26

SERIES 795 MULTI-PORT RF CONNECTORS

094 £.005
(239 0 13)
1.15(,\)/| 5\2)(9.2) [ :“ 850 (21.59)
I KJAcxsanw HEX HD, s
i \ | CAPTIVE, 8-32, TYPEL
SHOWN FOR REFERENCE —
D MAX L
195 +.004
(4.95 £ 0.10)
v @
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