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Table I: Single Row Nano Connector Saver Dimensions

LL CC

  A
±.005

Pos 1

Plug Mating 
Face Per 
MIL-DTL-32139/01

Receptacle 
Mating Face Per 
MIL-DTL-32139/02

15 Position Connector Is Shown

(B)

(C)

.115±.005

Pos 1

(.025 Typ)

(.005)

(D)

(.025 Typ)

(.005)

See Note 1 and 2

.580±.005
(14.73±.127)

.105±.003
(2.67±..08)

Assembly Access 
Window Sealed
with Conductive 
Epoxy, to Maintain 
EMI/RFI Shielding

#0-80 UNF-2A Typ
.#0-80 UNF-2B Typ

Number Of Contacts A B Ref C Ref D Ref

5 0.400 0.295 0.184 0.185
9 0.500 0.395 0.284 0.285
15 0.650 0.545 0.434 0.435
21 0.800 0.695 0.584 0.585
25 0.900 0.795 0.684 0.685
31 1.050 0.945 0.834 0.835
37 1.200 1.095 0.984 0.985
51 1.550 1.445 1.334 1.335

Sav-Con® connector savers
Series 89 Nano-Miniature™ connector saver
890-016 Single Row  

How To Order

Sample Part Number 890-016 -15 US P1

Series 890-016 

Number of Contacts 5, 9, 15, 21, 25, 31, 37, 51

Connector Type US – Plug to Receptacle One Piece Shell

Hardware P1 – Permanently Installed Jackscrew/Jackpost

Glenair Connector Savers reduce wear on vital contacts and 
eliminate downtime due to fowled or damaged connectors. 

Choose 5 to 51 contacts, with standard nickel plating on 
the connector housing.


