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A-64 

DUMMY RECEPTACLES

PANEL MOUNT RECEPTACLE GASKET

Shell Size & Dimensions

Shell Size

T 
Threaded 

Holes

ØT Thru-Holes 
+0.2 

0
10 SL M4 3.2 (0.13)
14 S M4 3.2 (0.13)
16 S M4 3.2 (0.13)
16 M4 3.2 (0.13)
18 M4 3.2 (0.13)
20 M4 3.2 (0.13)

Shell Size & Dimensions

Shell Size

T 
Threaded 

Holes

ØT Thru-Holes 
+0.2 

0
22 M4 3.2 (0.13)
24 M4 3.7 (0.15)
28 M5 3.7 (0.15)
32 M5 4.3 (0.17)
36 M5 4.3 (0.17)
40 M5 4.3 (0.17)

How To Order

Sample Part Number NGITB 050 FP -32 FK1

Product Series
 NGITB = Nuclear-grade 
Shell without Stainless Steel 
Studs

Connector Shell Style 050 = Dummy Receptacle

Mounting Holes FP for Through Omit for Threaded

Shell Size Designator See Table below

Material/Finish FK1 = Material AISI 316L Stainless Steel, Passivated
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REVERSE-BAYONET QUICK-DISCONNECT
ITS-NG™ Nuclear-Grade 
Containment Area Class 1E Connectors
Dummy Receptacles and Panel Mount Gasket
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D-34

Backshells 
and Accesories

IT 40450-XX and IT 40450-XX S
Connector Mounting Gaskets

for Front-Mounted Square Flange Receptacle

Basic Part Number and Shell 
Size Designator (Table I) Material (Table II)

TABLE I: CONDUCTIVE & NON-CONDUCTIVE
FIXED CONNECTOR GASKETS

 R  R

 S  SØT ØT

IT 40450-XX
Non-Conductive

IT 40450-XXS
Conductive

ØA ØA

1 ±0.4 0.5 ±0.2

Part Number Shell 
Size

ØA R S ØT
+0.3 ±0.2 ±0.5 +0.5

IT 40450 - 10 10SL 15.7 18.2 25.4 4.2
IT 40450 - 14 14S 22.1 23.0 30.0 4.2
IT 40450 - 16 16S - 16 25.3 24.6 32.5 4.2
IT 40450 - 18 18 28.4 27.0 35.0 4.2
IT 40450 - 20 20 31.6 29.4 38.0 4.2
IT 40450 - 22 22 34.8 31.8 41.0 4.2
IT 40450 - 24 24 38.0 34.9 44.5 4.2
IT 40450 - 28 28 44.3 39.7 50.8 5.1
IT 40450 - 32 32 50.7 44.5 57.0 5.1
IT 40450 - 36 36 57.0 49.2 63.5 5.1
IT 40450 - 40 40 62.5 55.5 69.9 5.1

Application Notes 

1.  Conductive and non-conductive gasket for front-mount square �ange receptacles.

IT 40450 -XX S

TABLE II
MATERIAL

Sym Description

Omit for Neoprene

S Wire Mesh in Neoprene Substrate
(Conductive)

F Fluorosilicone
V Viton
Y Silicone

How To Order

Sample Part Number NGIT 40450 -XX

Product Series
NGIT = Nuclear-Grade 
Reverse Bayonet Coupling

Basic Part Number 40450 = Front 40460 = Rear

Shell Size See Table Below

Dimensions

Shell 
Size

Ø A +0.3  R
±0.2

 S
±0.5

Ø  T
+0.5Front Mount Rear Mount

10SL 15.7 (0.62) 18.2 (0.72) 18.2 (0.72) 25.4 (1.00) 4.2 (0.17)
14S 22.1 (0.87) 24.6 (0.97) 23.0 (0.91) 30.0 (1.18) 4.2 (0.17)
16S - 16 25.3 (1.00) 27.4 (1.08) 24.6 (0.97) 32.5 (1.28) 4.2 (0.17)
18 28.4 (1.12) 30.8 (1.21) 27.0 (1.06) 35.0 (1.38) 4.2 (0.17)
20 31.6 (1.24) 34.2 (1.35) 29.4 (1.16) 38.0 (1.50) 4.2 (0.17)
22 34.8 (1.37) 37.4 (1.47) 31.8 (1.25) 41.0 (1.61) 4.2 (0.17)
24 38.0 (1.50) 40.9 (1.61) 34.9 (1.37) 44.5 (1.75) 4.2 (0.17)
28 44.3 (1.74) 46.7 (1.84) 39.7 (1.56) 50.8 (2.00) 5.1 (0.20)
32 50.7 (2.00) 53.4 (2.10) 44.5 (1.75) 57.0 (2.24) 5.1 (0.20)
36 57.0 (2.24) 59.6 (2.35) 49.2 (1.94) 63.5 (2.50) 5.1 (0.20)
40 62.5 (2.46) 65.5 (2.58) 55.5 (2.19) 69.9 (2.75) 5.1 (0.20)




