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High Pressure/High Temperature Connectors
707-0030 glass sealed receptacle

notes

• Dielectric withstand voltage: 1200VAC 
at sea level

• Insulation resistance: 5,000 megohms 
min @ 500 Vdc

• Operating temperature: -60°C to 
+260°C

• Hermeticity - <1 x 10^ -7 sccHe/sec @ 1 
atmosphere differential

• Pressure: 0 to 12,000 PSI

how To Order

Sample Part Number 707-0030 -M 37 p

Series 707-0030

Sheel Size
G = Shell Size G M = Shell Size M
See dimensions table

Insert Arrangement See page 20 and 21

Pin Termination P = Pin S = Solder Cup

.40 MAX.
SOLDER CUPS
OPTIONAL ON
BOTH SIDES

3X INSTALLATION SLOTS
(SIZE AND LOC. TBD)

O-RINGS

G8
LAYOUT

M37
LAYOUT

"A" ø

2X 2-56
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SIZE 20: ø.039 -.041
(Ø .99 -1.04) 

SIZE 22: ø.0295 -.0305
(Ø 0.75 -.77)

AFTER PLATE

.261 (6.63)

.245 (6.63)
SIZE 20: .301 (7.65)
SIZE 22: .251 (6.38)

.37 (9.40)

.835 (21.21) MAX.

.075 (1.90)

dimensions
Part No. Contacts “A” Ø O-Ring

707-0030-G8* 8#20 .635 (16.13) 2-012
707-0030-M37* 37#22 .940 (23.88) 2-017


