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4.190 (106.43)

SPANNER WRENCH HOLES AND
FULL MATE INSPECTION PORTS (6x)

 CUSTOMER
 SERVICEABLE
 O-RING

CUSTOM WIRE BOOTS
ARE AVAILABLE

INSERT MATE
O-RINGS (2X)

ACCESSORY THREADS AND 
OVERMOLD FEATURES 

 COUPLING LOCK
 SET SCREWS (3X)

Ø3.370 
(85.60)

Ø3.730 
(94.74)

B

A

MASTER KEYACCESSORY MATE 0-RINGS (2X)

700-101-48 SEAKING POWER, CABLE CONNECTOR PLUG (CCP), SIZE 48, 4-WAY #8 HV CONTACTS*

HIGH VOLTAGE SUBSEA
SeaKing™ Power connectors for 
underwater primary power junctions
Size 48, 4-way #8 HV contacts, 3kV, 50 amps/contact

How to Order

Sample Part Number 700-101 -48HV4 Z1 S N
Series 700-101 = cable connector plug
Shell Size / 
Insert Arrangement -48HV4 = shell size 48 / layout HV4

Shell Material Z1 = SS super duplex  TC = titanium
Contact Style P = pins   S = sockets

Polarization N = normal, A, B, C; see key positions table at right

Key Positions
Position A B

N 150° 210°
A 75° 210°
B 95° 230°
C 140° 275°

*Mates only with 700-106 BCR or FCR


