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707-0065-P4 SEAKING POWER, CABLE CONNECTOR PLUG (CCP)*

ø1.81
(45.97)

ø1.372
(34.85)

1.66
(42.16)

1 7/16-28 UN-2A
GLASS-FILLED
PEK INSERT

2-026 O-RING
5100-143
RETAINING RING

2-022 O-RING

#8 SOCKET
CONTACT (4X)

HIGH VOLTAGE SUBSEA
SeaKing™ Power connectors for 
underwater primary power junctions
Size P, 4-way #8 HV contacts, 1kV, 50 amps/contact

707-0066-P4 SEAKING POWER, BULKHEAD CONNECTOR RECEPTACLE (BCR)*

1.69 
(42.93)

HEX

Ø1.81 (45.97)

2.025 (45.97) O-RING (3X)
VH-118-S02 RETAINING RING

GLASS-FILLED PEK INSERT

2-025 O-RING
1 1/4-16 UN-2A

2-029 O-RING

2.17 (55.12)

1.05 (26.67)   

#8 PIN CONTACT (4X)

How to Order

Sample Part Number 707-0065 -P4 -Z1 S N
Series 707-0065 = cable connector plug (CCP)
Shell Size / 
Insert Arrangement P4 

Shell Material Z1 = stainless steel TC = titanium
Contact Style P = pin (707-0066 only) S = socket (707-0065 only)
Polarization N = Normal, A, B, C; see key positions table at right

How to Order

Sample Part Number 707-0066 -P4 -Z1 S N
Series 707-0066 = bulk head receptacle (BCR)
Shell Size / 
Insert Arrangement P4 

Shell Material Z1 = stainless steel TC = titanium
Contact Style P = pin (707-0066 only) S = socket (707-0065 only)
Polarization N = Normal, A, B, C; see key positions table

Key Positions
Position A B

N 150° 210°
A 75° 210°
B 95° 230°
C 140° 275°

Key Positions
Position A B

N 150° 210°
A 75° 210°
B 95° 230°
C 140° 275°
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*Mates only with 707-0066 BCR

*Mates only with 707-0065 CCP


