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“ZERO-CROSSTALK”
VersaLink™ Bridge Board Connectors
GHS4-853-0001 VersaLink Bridge Cable Assembly

PART NUMBER DEVELOPMENT

Sample Part Number GHS4-853-0001 -A A -1 -12

Series GHS4-853-0001 = VersaLink Bridge Cable Assembly

P1 End
A = VersaLink QDC Plug
B = VersaLink Bayonet Plug

P2 End

A = VersaLink QDC Plug
B = VersaLink Bayonet Plug
P = VersaLink Pin
S = VersaLink Socket
N = No Connector

Cable Type -01 = 963-069-26  -02 = 963-068-26

Cable Length Length in inches; i.e. 12 equals 12 inches

NOTES
1. 100% electrical test, continuity and IR 200 

megohms min.
2. When ‘S’ is selected for P2, key will be 

flipped to maintain 1 to 1 pinout.
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VERSALINK QDC PLUG,
853-051-01

TWINAX CABLE,
963-069-26 or
963-068-26

BRADY LABEL,
LAT-27 OR EQ.

P2P1    (PART NUMBER)
GLENAIR YYWW 06324

"LENGTH" (SEE PART NUMBER DEVELOPMENT)
TOLERANCE IS:
+1.80/-0.00 FOR "L" LESS THAN OR EQUAL TO 60.00 INCHES.
+3%/-0.00 FOR "L" GREATER THAN 60.00 INCHES.
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RECOMMENDED CABLES
Dash No Cable P/N Cable Construction Wire Gauge Max Overall Size

-1 963-069-26 Double Shielded Parallel Pair 26 .133 x .083
-2 963-068-26 Double Shielded Twisted Pair 26 .133 x .083


